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Neodymium Pot Magnet - Model A 

 

  

Neodymium Pot Magnet - Model B 

 

Model D D1 D2 H 
A16 16mm - .63" 3.5mm - .14" 6.5mm - .26" 5mm - .20" 
A20 20mm - .79"  4.5mm - .18" 8.6mm - .34" 7mm -.28"  
A25 25mm - .98" 5.5mm - .22" 10.4mm - .41" 8mm - .31" 
A32 32mm - 1.26" 5.5mm - .22" 10.4mm - .41" 8mm - .31" 
A42 42mm - 1.65" 6.5mm - .26" 12mm - .47" 9mm - .35" 
A48 48mm - 1.89" 8.5mm - .33" 16mm - .63" 11.5mm - .45" 
A60 60mm - 2.36" 8.5mm - .33" 16mm - .63" 15mm - .59" 
A75 75mm - 2.95" 10.5mm - .41" 19mm - .75" 18mm - .71" 

Model D D1 D2 H 
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Neodymium Pot Magnet - Model C 

 

  

Neodymium Pot Magnet - Model D 

B16 16mm - .63" 3.5mm - .14" 6.5mm - .26" 5mm - .20" 
B20 20mm - .78" 4.5mm - .18" 8mm - .31" 7mm - .28" 
B25 25mm - .98" 5.5mm - .22 9mm - .35" 8mm - .31" 
B32 32mm - 1.26" 5.5mm - .22" 9mm - .35" 8mm - .31" 
B42 42mm - 1.65" 6.5mm - .26" 11mm - .43" 9mm - .35" 
B48 48mm - 1.89" 8.5mm - .33" 15mm - .59" 11.5mm - .45" 
B60 60 mm - 2.36" 8.5mm - .33" 15mm - .59" 15mm - .59" 
B75 75mm - 2.95" 10.5mm - .41" 18mm - .71" 18mm - .71" 

Model D D1 D2 H 
C10 10mm - .39" 3mm - .12" 12mm - .47" 5mm - .20" 
C12 12mm - .47" 3mm - .12" 13mm - .51" 5mm - .20" 
C16 16mm - .63" 4mm - .16" 13mm - .51" 5mm - .20" 
C20 20mm - .79" 4mm - .16" 15mm - .60" 7mm - .28" 
C25 25mm - .98" 5mm - .20" 17mm - .67" 8mm - .31" 
C32 32mm - 1.26" 6mm - .24" 18mm - .71" 8mm - .31" 
C36 36mm - 1.41" 8mm - .31" 18mm - .71" 8mm - .31" 
C42 42mm - 1.65" 8mm - .31" 20mm - .79" 9mm - .35" 
C48 48mm - 1.89" 8mm - .31" 24mm - .94" 11.5mm - .45" 
C60 60mm - 2.36" 10mm - .39" 30mm - 1.18" 15mm - .59" 
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Neodymium Pot Magnet - Model E 

 

Model D D1 M H h 
D10 10mm - .39" 5.5mm - .22" 3mm - .12" 12mm - .47" 5mm - .20 
D12 12mm - .47" 6mm - .24" 3mm - .12" 13mm - .51" 5mm - .20" 
D16 16mm - .63" 6mm - .24" 4mm - .16" 13mm - .51" 5mm - .20" 
D20 20mm - .78" 8mm - .31" 4mm - .16" 15mm - .59" 7mm - .28" 
D25 25mm - .98" 10 mm - .39" 5mm - .20" 17mm - .67" 8mm - .31" 
D32 32mm - 1.26" 10mm - .39" 6mm - .24" 18mm - .71" 8mm - .31" 
D36 36mm - 1.41" 10mm - .39" 8mm - .31" 18mm - .71" 8mm - .31" 
D42 42mm - 1.65" 12mm - .47" 8mm - .31" 20mm - .79" 9mm - .35" 
D48 48mm - 1.89" 12mm - .47" 8mm - .31" 24mm - .98" 11.5mm - .45"
D60 60mm - 2.36" 14mm - .55" 10mm - .39" 30mm - 1.18" 15mm - .59"

Model D M
E16 16mm - .63" 4mm - .16" 
E20 20mm - .79" 4mm - .16"
E25 25mm - .98" 4mm - .16" 
E32 32mm - 1.26" 4mm - .16"
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E36 36mm - 1.42" 4mm - .16" 
E42 42mm - 1.65" 4mm-.16"
E48 48mm - 1.89" 5mm - .20" 
E60 60mm - 2.36" 5mm - .20"
E75 75mm - 2.95" 6mm - .24" 

Page 4 of 4We're your source for Magnets, Ceramic, Neodymium, Alnico, and Sumarian Cobalt Mag...

1/9/2012http://radialmagnet.com/neopots.html


