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SECTION A—-A A
__| SPECIFICATIONS: Positions: 02 thry 24
Material: ons: o
. A = .200 [5.08] x No. of Positions+ .055 [1.40]
:nsu:otor. P/?\GG, Grcn’ced UL 94v-0 B = 200 [5.08] x No. of Spaces
nsulator color: Green
Contacts: Copper Alloy, Tin plated UNLESS OTHERWISE SPECIFIED ADAMZ 909 Rahway Avenue,
Electrical: ALL DIMENSIONS ARE MM [INCHES] _ Union, NJ 07083
Voltage rated: 300 V T?ﬁg%gcm EXCEPTF?SL%OTED __TECH Phone: 908-687-5000
Current rated: 15 A ;gﬁx :%;?g %X :;éi’g INTERCONNECTS Fax: 908-687-5710
Yrvémsgfaf;jr'ggatvig;ogei 1600V AC/1T Min “emoms [ o ] .200[5.08] PITCH, EURO BLOCK HEADER
Operating temperature: —40°C to +105°C DRAWN A 8/28/14 SIZEREI-R'IQ[\IGLE’ CLOSE SIDE —
Environmental: CHECKED YC 8/28/14 ’ A ’
Lead free, RoHS compliant. APPROVED RE)F(, S00067C EBCQC?\(._)E(;DN% [ SHEET 1 ore‘
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