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LENGTH P/N Cable Color
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Male Female Color . +1inc CS-DSDMDB15MF-002.5 GREY
PIN1 PIN1 Black 5FT +2inch | CS-DSDMDB15MF-005 GREY
PIN2 PIN2 Brown i " -
PIN3 PIN3 Red 10FT +3inch | CS-DSDMDB15MF-010 GREY
PIN4 PIN4 Orange 15FT +3inch | CS-DSDMDB15MF-015 GREY
PIN5 PIN5 Yellow
PING PING6 Green 25FT +4inch | CS-DSDMDB15MF-025 GREY
PIN7 PIN7 Blue
A PIN8 PIN8 Purple 50FT +8inch | CS-DSDMDB15MF-050 GREY
PIN9 PIN9 Gray
PIN10——— PIN10 White
PIN11—— PIN11 Pink
PIN12—— PIN12 Light Green
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