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e Material:

» Contact material: Copper Alloy
« Insulator material: Polyester, UL 94V-0
- Standard: PBT
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®: A£0.25
10P.12P.14P.16P

Cx0.5

 Finish: Gold plated

Electrical:

e Current rating: 3A

Insulator resistance: 5,000MQ Min.
Conductor resistance: 20mQ Max.

Dielectric withstanding: 1,000VAC
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Operating Temperature: -40°C~105°C

8.10 %
= CONTACTS [10 pin |12 pin |14 pin |16 pin |20 pin |24 pin | 26 pin
®: A 31.95 | 34.49 | 37.03 | 39.57 | 44.65 | 49.73 | 52.27
7.50 /.90 B 10.16 | 12.70 | 15.24 | 17.78 | 22.86 | 27.94 | 30.48
35.00 C 18.90 | 21.44 | 23.98 | 2652 | 31.60 | 36.68 | 39.22
®:D 21.75 | 24.29 | 2683 | 20.37 | 34.45 | 39.53 | 42.07
@:E 27.85 | 30.39 | 32.93 | 35.47 | 40.55 | 45.63 | 48.17
ﬂ" ;-W @:F NO NO NO NO YES YES YES
CONTACTS |30 pin |34 pin | 40 pin | 50 pin | 60 pin | 64 pin
8.10 8 ®: A 57.35 | 62.43 | 70.05 | 82.75 | 95.45 | 100.53
~ B 3556 | 40.64 | 48.26 | 60.96 | 73.66 | 78.74
© C 4430 | 49.38 | 57.00 | 69.70 | 82.40 | 87.48
0 ®: D 47145 | 52.23 | 59.85 | 72.55 | 85.25 | 90.33
®@:E 53.25 | 58.33 | 65.95 | 78.65 | 91.35 | 96.43
::) ) [[t] [jﬂ O C: ®: F YES YES YES YES YES YES
} ‘x’ = Number of contacts/pins
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