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25pos.  CRIMP STYLE
with frame, float for blind mating system

 

 

2:1 (5:1)

DSS3XSXXB01X
a Origin
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 NOTES:
  1. METALSHELLS.STELL; min. 315µin TIN over 40-80µin NICKEL
  2. INSULATORS: PBT GF UL 94 V-0, BLACK
  3. FRAME: STEEL; NICKEL PLATED
  4. FLOAT MOUNTS: COPPER ALLOY; NICKEL PLATED
  5. RIVETED INSERT: COPPER ALLOY; min. 200µin TIN over 80µin NICKEL
  6. COLLAR: COPPER ALLOY; min. 200µin TIN over 80µin NICKEL
  7. CONNECTOR IS PART MARKED:  DSS3XSXXB01X  CONEC  ABC
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