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CONSTUCTION DIAGRAM:

PANEL SIDE

460mm +/-10mm MARK "CN5" ON THE CONNECTOR 
USING PERMANENT OIL BASE PEN
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CABLE TIE WITH 
P/N TAG
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MARK "CN6" ON THE CONNECTOR 
USING PERMANENT OIL BASE PEN45mm (+0/-8mm)SHIELDED ROUNDCABLE:

UL20276, 15 PAIRS, 30AWG

REMARK: CABLE REFERENCE -
OKI ORDERING CODE: D0158411, P/N: 7/0.1 10P HRV16-SV

JACKET: PVC COLOR BLACK

USAGE: LVDS CABLE FOR SAMSUNG LTM170E4-L01 SXGA PANEL 

LVDS CABLE: SAMSUNG LTM170E4-L01, 460mm

P/N 4264730-00

(WITH LVDS Tx. BOARD: P/N:4162138-00)


