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CIRCUIT: SPST
CONTACT CONFIGURATION

NOTES:
  1. ALL DIMENSIONS IN MM [INCH]

  2. GENERAL TOLERANCE: x.x= `0.4

                                     x.xx= `0.25
  3. TERMINAL NO'S FOR REFERENCE ONLY
  4. RATING: 25mA, @ 50VDC
  5. OPERATING FORCE: 120 GRAMS
  6. TRAVEL TO MAKE: 0.7MM
  7.    DENOTES CRITICAL PARAMETER
  8. 2002/95/EC (ROHS) COMPLIANT
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