
Part Numbering System
* 32.768kHz Crystals (Tuning Fork Crystal)

C-002RX A-

32.768kHz Crystal Package Type:

C-001R:    3.1 x 8mm

C-002RX: 2.1 x 6mm

C-004R:    1.5 x 5mm

C-005R:    1.2 x 4.6mm

Frequency Tolerance@25C 
Blank :  +/-20ppm (Standard)

Load Capacitance
A:     12.5pF
AC:    9.0pF
D:     22.0pF
E:       6.0pF
F:     Series
H:      32.0pF
AG:   7.0pF

NOTE: This part numbering guide is applicable only to 32.768kHz crystals. For other frequencies, please 
refer to the “Standard kHz Crystal” part numbering. If you require a load capacitance other than the above 
listed, please contact your EEA representative for assistance.

Frequency
32.768kHz
K:  In kHz

32.7680K

Packaging

Blank:  Bulk
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