
Part Number PKG . M1 . 4S .

Copyright Privacy policy Product safety

Request a quotePKG.M1.4SL.LG Size/Series  / 1P

MECHANICAL DETAILS PERFORMANCE DETAILS OTHER CHARACTERISTICS

Insert Configuration 1P.M14 : 14 Low Voltage 

Download 3D draw

 

Shell Style/Model 
PK*: Fixed receptacle with two nuts (back 
panel mounting) 

Keying 
1 key (alpha=0; Plug: male contact; 
Receptacle: female contact) 

Housing Material PEI (Polyetherimide), gray 

Cable Fixing � : 0 - 0 mm 

Variant G : Gray front nut 

 A Lmax N

mm. 19.5 25 22.2

in. 0.77 0.98 0.87

F ret (min): 50 N 

F ret (max): 150 N 

IP Rating 50 
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