
Description

• Wood-type auger bit with screw point
• Pulls itself through wood,avoids walking or skidding
• Excellent for drilling in soft woods or through thin sections
• Slow back-taper allows foreasy retrieval

Specifications

• Application : For Drilling In Soft Woods OrThrough Thin Sections
• Bit Diameter : 3/8 IN (9.500 MM)
• Color Code : Black
• Shaft Diameter : 3/16 IN (4.800 MM)
• Shaft Length : 36.000 IN (914.400 MM)
• Sub Brand : D'VersiBIT
• Type : Type A

BIT,D'VERSIBIT .375X.187X36.00 "A"

"D""VersiBIT System "

Cat No:

UPC No:

06-03-36A

783310380672


