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Voltage tester, single-position, for 150 - 250 V, conforms to DIN 57680/6 and VDE 0680/6, can also be used as
an actuation tool for spring-cage terminal blocks, size: 0.5 x 3.0 x 70 mm, VDE insulated, with non-slip grip

Product Features

 Shock-proof, dust-proof, and splash-proof housing, IP65

 DC and AC voltage tests in the range from 6 V to 400 V

 Polarity test (+/-) for DC voltage

 LED indicator

Key commercial data
Packing unit 1 pc

Custom tariff number 90303310

Country of origin Germany

Technical data

Dimensions
Length (b) 140 mm

Blade thickness 0.5 mm

Blade width 3 mm

Blade height 65 mm

General
Design Bladed

Test standard ISO 57680/6 VDE 0680/6

Minimum voltage 150 V AC

Max. voltage 250 V AC
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Classifications

eCl@ss

eCl@ss 4.0 21040402

eCl@ss 4.1 21040402

eCl@ss 5.0 21040402

eCl@ss 5.1 21040402

eCl@ss 6.0 21040290

eCl@ss 7.0 21040290

eCl@ss 8.0 21040290

ETIM

ETIM 4.0 EC000494

ETIM 5.0 EC000494

UNSPSC

UNSPSC 6.01 27111701

UNSPSC 7.0901 27111701

UNSPSC 11 27111701

UNSPSC 12.01 27111701

UNSPSC 13.2 27111701

Drawings

Pictogram
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