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D-SUB sleeve housing, shell size 1, shielded, IP20 degree of protection

  
Key commercial data
Packing unit 1

Minimum order quantity 1

Catalog page Page 441 (PC-2011)

GTIN

Custom tariff number 85389099

Country of origin HUNGARY

Technical data

Mechanical characteristics
External cable diameter 4 mm ... 8.5 mm

Cable exit Angled

Color Bare metallic

Ambient temperature (operation) 0 °C ... 70 °C

Material data
Inflammability class according to UL 94 V0

Housing material ABS

Housing surface material Metal-plated

Degree of protection IP20

Classifications

eclass

eCl@ss 4.0 27140816

eCl@ss 4.1 27140816

eCl@ss 5.0 27143424
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Classifications

eclass
eCl@ss 5.1 27143424

eCl@ss 6.0 27143424

eCl@ss 7.0 27440209

etim

ETIM 2.0 EC001133

ETIM 3.0 EC001133

ETIM 4.0 EC001133

ETIM 5.0 EC001133

unspsc

UNSPSC 6.01 31261501

UNSPSC 7.0901 31261501

UNSPSC 11 31261501

UNSPSC 12.01 31261501

UNSPSC 13.2 31261501

Drawings

Dimensioned drawing
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