
 

 

433MHz	Codec‐Adaptive	Wireless	Relay 
SKU		103990011	

A	wireless	relay	is	a	codec‐adaptive	RF	receiver	with	single	channel	relay.	It	helps	easily	deployment	of	wireless	AC	

control	for	electrical	appliances. 

 

Features 

 Max 30 difference codec, unlimited controller or transmitter of each codec 

 Adaption of most popular RF remote controller, except rolling code 

 Specification 

 Voltage: DC12V 

 Working current: &le;6mA 

 Working temperature: ‐30&deg;C ~ +70&deg;C 

 Frequency: 433MHz 

 Sensitivity: ‐105dbm 

 Control circuit: AC/DC 

 Output current: &le;10A   

 Dimension: 50*34*17mm 



Applications 

 Lighting 

 Electrical door, window 

 Security 

 Industrial control 

 Home automation 

 

Technical details 

Dimensions  88mm x88mm x18mm 

Weight  G.W 23g 

Battery  Exclude 

Part List 

Relay Board  1 

ECCN/HTS 

HSCODE  8538900000 
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