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180° BAIL LOCK
INSIDE SHIELD

SHIELD

BAIL LOCK
PLUG ASSEMBLY
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MATERIAL : SHIELDS-BRIGHT NICKEL PLATED

CARBON STEEL. I
PLUG ROUSING— POLYPHENYLENE , BLACK I
TERMINALS- GOLD OVER NICKEL PLATED |
HIGH STRENGTH COPPER ALLOY. I

WIRE SIZE 24 0R 26 AWG S0LID OR Z24 PWG

STRANDED COPPER CONDUCTORS.MAXIMUM
INSULATION DIA OF .045 IS ACCEPTABLE
FOR MDST APPLICATIONS.

CABLE RANGE: .260-.500 DIAMETER .

CENTER-TO-CENTER SPACING OF TERMINALS |
IS .085 NOMINAL.

c
/6\ WIRE SIZE: 26-27-28 AWG STRANDED
COPPER CONDUCTORS . MAXIMUM INSULATION
DIAMETER OF .045 1S ACCEPTABLE FOR
MOST APPLICATIONS.
7. ALL DIMENSIONS SHOWN ARE MAXIMUM
UNLESS OTHERWISE SPECIFIED.
8. DIMENSIONS IN BRACKETS[ ]ARE IN ¢
MILLIME TERS. I
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