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General ordering data
Order No. 1719670000
Part designation DN PG16
Version Blanking plug, Polyethylene, RAL 7035, External

thread: PG 16, IP 54
EAN 4008190352936
Qty. 25 pc(s).

 
General details
Assembly temperature, max. 70 °C
Assembly temperature, min. -20 °C
External thread PG 16
Material Polyethylene
Protection class IP 54
RAL colour RAL 7035
Type of cable gland PG

 
Approvals
Approvals institutes

 
Classifications
ETIM 2.0 EC000032
ETIM 3.0 EC000032
eClass 4.1 27-14-12-10
eClass 5.0 27-14-91-10
eClass 5.1 27-14-91-10

 

Similar products

Order No. Part designation Version
1719650000 DN PG11 Blanking plug, Polyethylene, RAL 7035, External thread: PG 11, IP

54
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1719660000 DN PG13,5 Blanking plug, Polyethylene, RAL 7035, External thread: PG 13.5, IP
54

1719680000 DN PG21 Blanking plug, Polyethylene, RAL 7035, External thread: PG 21, IP
54

1719690000 DN PG29 Blanking plug, Polyethylene, RAL 7035, External thread: PG 29, IP
54

1719700000 DN PG36 Blanking plug, Polyethylene, RAL 7035, External thread: PG 36, IP
54

1719710000 DN PG42 Blanking plug, Polyethylene, RAL 7035, External thread: PG 42, IP
54

1719720000 DN PG48 Blanking plug, Polyethylene, RAL 7035, External thread: PG 48, IP
54

1719640000 DN PG9 Blanking plug, Polyethylene, RAL 7035, External thread: PG 9, IP 54


