
39

Female Style H 15 Crimp
Series 8454 – 2 rows (1 x 7 + 1 x 8)

Contact Design Part Number
and Number of Performance classes according to DIN 41612
Termination Length Contacts Loading Description I

15 empty housing with 22 8454 015 001 000

Crimp integrated keying

Crimp contacts Performance class I according DIN 41612 on Reel 60 8454 0213 99 697

1.5mm2 to 2.5 mm2 wire Performance class I according DIN 41612 loose 60 8454 0213 00 697

Keying Strip for one

connector pair 60 2427 3074 12 000

Contact removal Tool 06 8454 8010 00 000

Hand Crimp Tool consult sales office

Semi Auto Crimp Tool consult sales office

DIMENSIONSLOADING DESCRIPTION

15 contacts, empty housing with
integrated keying
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