
96LEDK-A240FH30NF1

Product Spec

Product 96LEDK-A240FH30NF1

Product Description 24" FHD, D-LVDS, 250nits, 178/178, 0/50, 
LED, 8bits, 50K

Original Component Part Number TBA
Manufacturer AUO
Screen Size Range Large (15INCH and UP)
Screen Size 24INCH
Ratio 16:09
Max Resolution 1920 X 1080
Backlight LED
Original Brightness 300 NITS
Contrast Rate 3000:01:00
Response Time 25ms
Interface LVDS
Driver Board Build In
Touch Screen Non-Touch
Operation Temperature 0 - 50
Voltage 5V
Power Consumption 45W
Viewing Angle (H/V) 178/178
Lamp/LED Life Time 50K HRS
RoHS Status Yes
EOL TBA
Where Used TBA
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