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The Next Generation IoT Platform 

Á  Fanless Design 

Á  Low Power 

Á  Compact Size 

Á  No Cable 

Á  More Robust 

Controller-class ID 

Á Compact & DIN-rail mount 

Á Front I/O Access 

Modular I/O Integration 

Á Modular Local I/O 

Á Fieldbus Solution 

Á Rich Remote I/O 

Open for Easy Deployment 

Á XPE / WinCE / Linux OS 

Á I/O R/W & Configure API 

Á Data Sync Capability 

IPC 
Industrial Grade PC 

Embedded Box PC 
Robust & Compact 

DIN-Rail IPC with I/O 
IPC & I/O Integration 



The IoT Platform APAX Series DIN-Rail IPC 

Industrial PC in compact size 
Á DIN-Rail mountable 

Á Front wiring access and LED indicator 

Á Robust H/W design 

ÁWindow 7/8.1 support 

Á LAN Teaming, iAMT, WakeonLAN 

Seamless integration with 

Automation and Information Technology 

Controller Feature 
Á Real time H/W monitoring 

Á Modular local I/O 

Á Remote I/O and device connection 

ÁWDT and RTC support 

Á Hot swap 



The IoT Platform 3C Seamless Integration 

Real-time APAX BUS 

Computing Connectivity Control 

Å High Performance CPU 

Å Various OS support 

Å One Key Recover 

Å Fast Boot 

Å ACPI 

Å Dual Power Input 

Å UPS 

Å mPCIe interface 

Å Wireless Communication 

Å Distributed Topology 

Å Distributed Comport 

Å APAX Real Time Bus 

Å 1~1kHz AI sampling rate 

Å High Accuracy RTC 

Å SCADA S/W 

Å 10 Years Lifetime 

Battery 

Å Watchdog Timer 

Å Hot swappable 

Å Standard API  

Å Safety value setting 

ÅWiring detection(mA) 

ÅmSATA 



APAX-5580 DIN-Rail IPC 

Å Intel Celeron, Core i3 & Core i7 performance 

Å Dual power inputs & UPS module increases power reliability 

ÅReal-Time and Deterministic I/O with hot swappable 

Å Supporting iDoor Fieldbus Technology 

Å Easily recover OS back to golden image through one key button 

Å mPCIe slot for wireless communication expansion 

Dual CPU to reduce process loading 

The distributed topology by standard Ethernet 

High 

Flexibility 

ÅModular and 

distributed design 

for system 

expansion 

Hot 

Swappable 

ÅEasy maintenance 

without system 

shutdown 

High 

Reliability 

ÅOne key recovery 

ÅSystem backup 

ÅStatus Alert 

Intelligent 

Power Design 

ÅFast Boot from S3 

ÅBattery Module 

Å24 Hrs standby 

Automation 

Controller 

ÅDIN Rail 

ÅCompact size 

ÅVersatile I/O Module 

Small but Powerful, Designed for Smart Factory 



APAX-5580 User-Friendly Front Design 

Easy to Diagnostic 

Status LED 

Easy to Connect 

2x USB3.0  

Wake on LAN, iAMT 

Intel i210-IT, i218-LM 

Boundless 

Communication 

WiFi, GPRS, GPS  

Unlimited Storage 

SD card slot  

Dimension 

W 128 x D 106 x H 110 mm 

Easy Monitoring and Wiring 


