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Thermocouple Terminal Blocks

•	 Built in Miniature Female Thermocouple Connector for 

Monitoring, Troubleshooting and Audit Feature 

•	 Screw Type Terminal for  Secure and Maintenance Free 

Connections 

•	 Type K and J Calibrations 

•	 Fully Enclosed—No End Plates Required

•	 DIN Rail Mountable (32 mm or 35 mm)—Narrow 10.7 mm 

Width

•	 Identified with Calibration and “+” , “-” Connections

•	 Write-On terminal markers

Item # Width Length Wire Size Insulation Stripping Length Torque Temperature Range

TCB-J 10.7 mm  51 mm 12 AWG 8 mm 0.6 to 0.8 N·m -40 to 85 ºC

TCB-K 10.7 mm 51 mm 12 AWG 8 mm 0.6 to 0.8 N·m -40 to 85 ºC

TCABLE-J N/A 60 in N/A N/A N/A N/A

TCABLE-K N/A 60 in N/A N/A N/A N/A

TCONN-J N/A N/A N/A N/A N/A N/A

TCONN-K N/A N/A N/A N/A N/A N/A




