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Notes/备注:

1.Material /材质:

  1.1. Housing(塑胶):High Temperature(高温料)  UL-V0

                                Color(颜色):Black(黑色)

  1.2. Terminal(端子）: Corson Alloy(铜镍硅合金).

  1.3. Shell(铁壳):Stainless Steel(不锈钢).

2.Finish/电镀:

  2.1. Terminal: See Part Number Description

                        on  Contact Area plating

                        Au 2u"Min. on Soldering Area  Plating

                        Nickel 50~200u" Under Plating Over All

          (端子：接触区域镀金见料号编码原则，

                      焊接区域镀金2u"Min.，全区镀镍底50~200u")

  2.2. Shell: Nickel 50~200u" Plating Over All.

                   (全部镀镍50~200u"）

3.Specification/规格:

 3.1.Electrical Characteristics/电气特性:

  3.1.0. Contact Resisitance（接触阻抗）: 100mΩ Max.

  3.1.1. Dielectric Withstanding Voltage（耐电压）:

            500VAC Max With 1 Minute

  3.1.2. Insulation Resisitance(绝缘阻抗）:1000 MΩ Min.

  3.1.3. Current Rating(额定电流）: 0.5A AC/DC Max.

            Rated Valtage (额定电压): 100 V RMS Min.

  3.2.3. Operating Temperature(工作温度): -25°C~+85°C

  3.2.4. Storage Temperature(储存温度):-40°C~+85°C
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Recommended PCB Layout(Top View)/推荐的PCB布局(前视图)

                                                                            General Tolerances:±0.05/一般公差:±0.05
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