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RCM-00AMMA-TLM700X Jerry 2018-12-211:1 A4     1     2

ALTW Max 2018-12-21B A.5  QC :Inspection item
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REV. ECN NO. DATE SIGN DESCRIPTION

A 2017/03/29 Kris Initial Release 

B C190019 2018/12/21 Mafei Adding One Connector.

ITEM NAME Description Spec QTY

1 ZSE6387_NEW RJ45 ASSY TYPE,ZSE HALF FINISHANS00010006+DGA000102921

2 DGA00010102 GASKET,SQUARE,SILI,BLACK,70Φ07.80XΦ11.80XH09.00,N1

3 ANS00010007 SEALING-NUTNYLON 66,TM244,BK1

4 BEA00010303 TBD TBD 1

5 DGA00010091 GASKET,SQUARE,SILI,XGRAY,70Φ09.80XΦ11.80XH09.00,N1

Note:
*   Important Dimension to Check
* Waterproof Rate: IP67 (Mated)
* Clamp Ring: Nylon, Black.
* Metal Nut: ZINC Alloy, Nickel plated.
* Sealing Nut: Nylon, Black
* Seal & Gasket: Silicone, Drak Gray
* Seal 1 for cable OD range:�n�4.5~�n�7.5mm;
* Seal 2 for cable OD range:�n�7.5~�n�8.5mm;
* One Set Unassembled In One PE Bag.
 

RCM-00AMMA-TLM7002 RCM-00AMMA-TLM7001

Metal Nut

Clamp Ring
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ITEM NAME Description Spec QTY

1 ZSE6387_NEW RJ45 ASSY TYPE,ZSE HALF FINISHANS00010006+DGA000102921

2 DGA00010102 GASKET,SQUARE,SILI,BLACK,70Φ07.80XΦ11.80XH09.00,N1

3 ANS00010007 SEALING-NUTNYLON 66,TM244,BK1

4 BEA00010303 TBD TBD 1

5 DGA00010091 GASKET,SQUARE,SILI,XGRAY,70Φ09.80XΦ11.80XH09.00,N1

RCM-00AMMA-TLM7002 RCM-00AMMA-TLM7001

Suggested Plug: Style 1Suggested Plug: Style 2

For: RCM-00AMMA-TLM7002 For: RCM-00AMMA-TLM7001

RCM-00AMMA-TLM700X

1: Suitable for Plug Style 1,Without Plug.

2: Suitable for Plug Style 2,Without Plug.

PE Bag

QTY: 1 Set

Package

Rib
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