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HD15 MALE
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MAT'L:

2.CONNECTORS:HD15M,9th EMPTY,BLACK

3.THUMBSCREW:#4-40UNC,E32

NOTE:

2.COLOR:BEIGE
3.MOLDED TYPE

CONFIGURATION:
HD15M

HD15 FEMALE

HD15F

4.BLACK HEAT SHRINK:Ø1.5 X 15:6PCS
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RED(COAX.)
RED(GROUND)
GREEN(COAX.)
GREEN(GROUND)
BLUE(COAX.)
BLUE(GROUND)
BROWN
BLACK
GREEN
RED

(BRAID)
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HD15 MALE-HD15 FEMALE
(MOLDED TYPE)

1.CABLE:UL2919,3COAXIAL+7C+1+AL/MY+BRAID,O.D:8.5

5.COPPER SIZE:30 X 50
Ø3 X 8:6PCS
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1.TOTAL LENGTH:1800±50mm

AK3220X 1.8M
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HD15F,BLACK

4.360° SOLDER

THUMBSCREW:#4-40UNC,E32
#28,UL2919,3COAX+7C+1+AL/MY+B,O.D:8.5

HD15F,BLACK
HD15M,9th EMPTY,BLACK
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ORANGE
WHITE
YELLOW
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BUYER NO

DRAWN NO

PARTS NO
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