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Item # 26700-610, MIG Video Borescope 
 
 
Features:- 

Large color 3.5 in LCD display  
Compact and lightweight  
Takes still photos and video in real time  
Built in SD Card for capturing video and images in real time  
USB Video Output  
Multiple mirrored viewing tips  
Rechargeable Batteries, can record for upto 4 hours  
Detachable Flexible Cable with 4 built in LED Lights  
Water, Oil and scratch reisistant  
Adjustable Illumination 

Kit Includes:- 

1. MIG hand held unit with 3.5" LCD display  
2. 3 feet Cable with built in LED lights  
3. SD Memory Card 1GB  
4. 35, 45 and 55 Deg Mirror attachments  
5. Magnetic Tip Attachment  
6. USB Cable  
7. Video Cable  
8. Cleaning Cloth  
9. Cotton Swabs  

10. Heavy duty water proof blow mold case 

 
 
 
 
 
 

Specifications 
 

 
Image Sensor CMOS Color 

Display Resolution 320 (H) x 240 (V) 

Cable Diameter 5mm 

Frame Rate 30 fps 

Exposure Automatic 

White Balance Fixed 

Field of View 67 Degree 

Light Source 4 LED 

Power DC 5V 



Display Size 3.5 x 3.5 in 

Battery Rechargeable Li-Polymer 3.7V 

Video Format MPEG4 

Recording Medium SD card (Max 2 G) 

Still Image Format JPEG (640 x 480) 

Functions

AV Out 
Quick Review 
Quick Snap 
Quick Video Recording 
Video/Picture Viewer 

Cable Length 36" 

 
 


