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LI N/A INITIAL DRAWING JING GE 2021711727

.VOLTAGE RATING: 72V DC;
CCURRENT RATING:35A+2A;
DIELECTRIC WITHSTANDING VOLTAGE:
1500V AC LEAKAGE CURRENT SMALLER THAN 2mA;
PLUGGING FORCE:S50~110N;
MECHANTCAL LIFE: 5000 TIMES;
CSALT SPRAY TEST: 48H;
"OPERATION TEMPERATURE:-25"C~85°C;
.ROHS COMPLITANT.
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