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for IP67 Duplex Power 3pos 
Female Receptacle Assembly
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NOTES:
1. MATERIAL AND FINISH:
    - COUPLER RING: PA GF (BLACK); UL94 V-0; UL (f1) RATED
    - COVER HOUSING: PA GF (BLACK); UL94 V-0; UL (f1) RATED
    - TETHER: PE-SW (BLACK), 
    - INTERFACIAL SEAL: SILICONE; COLOR: WHITE
    - RETAINING RING: STAINLESS STEEL
2. OPERATING TEMPERATURE: -40°C to +85°C
3. IP67 RATED WHEN COVERED OR FULLY MATED WITH
    THE APPROPIATE MATING CONNECTOR
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