
 

 

CY7C69356-48LTXC 
CY7C69356-48LTXC 

Application	 USB	Full‐Speed	Peripherals	

Automotive	Qualified	 N	

CPU	Core	 M8C	

Data	Transfers	 Bulk,	Interrupt,	Isochronous	

I/O	Options	 USB,	GPIO,	SPI,	CLKIN/OUT,	Vreg,	ADC,	I2C	

Max.	Operating	Temp.	(°C)	 70	

Max.	Operating	Voltage	(V)	 5.50	

Memory	Architecture	 Flash	

Memory	Size	(KB)	 32	

Min.	Operating	Temp.	(°C)	 0	

Min.	Operating	Voltage	(V)	 3.00	

No.	of	Endpoints	 8	

No.	of	I/Os	 36	

Software	Tools	 PSoC	Designer	

Tape	&	Reel	 N	
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