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CABLE TIE WITH
"P/N 426476100-3" TAG

DF14-20S-1.25CHIROSE

CABLE : 

LENGTH = 80mm +/- 2.5mm

UL 20276, 10 TWISTED PAIRS, 30AWG
RoHS

COMPLIANCEREMARK: NO PVC JACKET AND SHIELD

LVDS PANEL CABLE:

P/N 426476100-3

ROUND PAIRED FOR NL10276BC16-01, 80mm
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