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Jacks

SMPM-J-FCCA1

SMPMP(FD)-HVPSMPMJ-HVJ

SMPM-A-JJ-532

Plugs

SMPM Series
65GHz, push-on lock coaxial connectors

◆◆◆◆Features

◆◆◆◆Variations

1. Conforms to MIL Standard
(MIL-STD-348A Notice 5)  

2. High frequency capability: DC to 65GHz
3. Push-on lock
4. RoHS compliant

Under 
development

Frequency [GHz]

R
et

ur
n 

lo
ss

 [d
B

]

◆◆◆◆High frequency characteristics

◆◆◆◆Application examples
DWDM, optical modules, measuring instruments for optical data transmission system.

Insertion loss [dB
]

Terminations

Adapters

SMPM-TMJ

SMPM-LPR(FD)-SMT

Vector Network AnalyzerPort 1 Port 2

V(f) Test Sample V(m)

(Typical data) 

SMPM(FD)-HVP SMPMJ-HVJ

◆◆◆◆Specifications

15dB min. (0.04 to 20GHz)

10dB min. (20 to 40GHz)

5dB min. (40 to 65GHz)

250 V AC, for one minuteWithstanding Voltage

Center and Outer : 16 mΩ MaxContact Resistance

50 ΩCharacteristic 
Impedance

100 cycles (Full Detent)Durability

500 mΩ or above (250 V DC)Insulation Resistance

Return Loss

SMPM-TMJ


