
Lilliput UM1010/C/T – 10" USB Touchscreen monitor 

Screen Size (diagonal) 10 inches 

Aspect Ratio 16:9 

Native Resolution 1024×576 (fixed) 

Pixel Pitch (mm) 0.0635×0.190 

Scan Frequency (Hz) 60-72 

Response Time (ms) 15 

Viewing Angle (degrees) 140º x, 120º y 

Brightness Ratio (cd/m2) 200 

Contrast Ratio 500:1 

Backlight LED 

Video Inputs USB 

Touchscreen Technology 4 wire resistive 

Input Power 5V USB 

Contents Of Box 

Product 1x UM1010-NP/T 

Connection Cables 1x USB to Mini USB cable 



Dimensions 

Height (mm) 156 

Width (mm) 200 

Depth (mm) 25 

Weight (g) 536 

 


