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NOTES: (UNLESS OTHERWISE SPECIFIED)
  1.  ALL DIMENSIONS ARE IN INCHES [mm].
  2.  DIMENSIONS APPLY AFTER FINISHING.
  3.  MANUFACTURE TO BE COMPLIANT WITH EU RoHS DIRECTIVE,USE
        MATERIALS THAT DO NOT CONTAIN REACH SUBSTANCES OF VERY
        HIGH CONCERN >1000ppm, AND USE DRC CONFLICT-FREE SOURCED
        MATERIALS.
  4.  SAFETY BREAK ALL SHARP CORNERS AND EDGES .02 MAXIMUM.
  5.  COMPATIBLE WITH IPEX MHF, MHFII AND HIROSE U.FL.
  6.  HOUSING: LCP, UL94V-0, WHITE
  7.  CONTACT: BRASS, GOLD PLATING
  8.  GROUND CONTACT: PHOSPHOR BRONZE, GOLD PLATING.
  9.  ELECTRICAL SPECIFICATIONS
              IMPEDANCE:  50 OHM
              FREQUENCY:  0 - 6GHz
              OPERATING TEMPERATURE:  -40°C TO +90°C.
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NOTES: 
  1.  ALL DIMENSIONS ARE IN MILLIMETERS.
  2.  TOLERANCES (UNLESS OTHERWISE SPECIFIED):
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