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EIGHT PIN SURFACE MOUNT DUAL CHANNEL PHOTOCOUPLER,
TRANSISTOR QUTPUT WITHOUT EXTERNAL BASE CONNECTION.

LUMEX INC.  EXCEPT AS SPECFIGALLY AUTHGRIZED

CONFIDENTAL INFORNATION
THE INFORMATION CONTANED IN THIS DOGUNENT 5 THE PROPERTY OF
IN WRITNG BY LUNEX
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RELIABILITY NOTE
OUR MANY YEARS OF EXPERENCE DATA ACCUNULATION INDICATE THAT
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ELECTRO-OPTICAL CHARACTERISTICS (Ta=25C) ABSOLUTE MAXIMUM RATINGS (Ta=25C)
PARAMETER SYMBOL  CONDITIONS MN TYP MAX UNITS PARAMETER SYMBOL MAX UNITS
| | FORWARD VOLTAGE VF IF=20mA - 12 14 v | | FORWARD CURRENT IF 50 mA
PEAK FORWARD VOLTAGE VFu I =0.5A - - 35 v PEAK FORWARD CURRENT IFN 1 A
REVERSE CURRENT IR VR=4V - - 10 A REVERSE VOLTAGE VR 6 )
| | TERMINAL CAPACITANGE Ct V=0, f=1kHz - ¥» - pF || POWER DISSIPATION Po 70 mW
| | COLLECTOR DARK CURRENT |cE0 Vee=20V - - 17 A 0 | COLLEGTOR—EMITTER VOLTAGE Ve 60 )
T | CURRENT TRANSFER RATIO CRT IF=2mA, Vee=5V 60 - 600 % EMITTER—COLLECTOR VOLTAGE VEGo 6 )
COLLECTOR-EMITTER SATURATION VOLTAGE VCE(aot) IF=20mA, Ic=1mA - 01 03 Vv COLLECTOR CURRENT I 50 mA
ISOLATION RESISTANCE Riso DChOoov sx101e 1011 — ohm || COLLECTOR POWER DISSIPATION Pe 130 mW
FLOATING CAPACITANCE Cr V=0, f=1MHz - 06 190 pF TOTAL POWER DISSIPATION Pt 200 mwW
CUT-OFF FREQUENCY fec Vee=5V, Ic=2mA, RL=1000hm - 80 - kHz ISOLATION VOLTAGE 1 MIN. VEa 3000 VR
RESPONSE TIME (RISE) tr Vee=5V, Ic=2mA, RL=1000hm - ] 2D Jiky OPERATING TEMPERATURE Tor -30T0 +100 °C
RESPONSE TIME (FALL] tr Vee=5V, Ie=2mA, RL=1000hm - 4 2D U5 STORAGE TEMPERATURE Tty -05T0 +128 °C
I=INFUT, 0=CLTPUT, T=TRANSFER CHARACTERISTICS. SOLDERING TEMPERATLRE Taol +260 'C
2.0mm FROM BODRY 1D SEC. MAX
I=INPUT, 0=0UTPUT.
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