
MassDetent TorqueRotor InertiaInductanceHolding TorqueResistanceRated CurrentDrive SequenceStep AngleModel

（ g） （ mNm） （ g・ cm2） （ mH） （ mNm） （ Ohms） （ A） （ deg） 

20011.0 373.2 200 3.2 1UNI-POLAR1.817PM-K049U

20011.0 378.1 200 8.3 0.6UNI-POLAR1.817PM-K064U

30011.8 623.2 280 2.3 1.4UNI-POLAR1.817PM-K142U

30011.8 626.0 280 4.3 1UNI-POLAR1.817PM-K149U

1804.3 243.0 100 2.7 0.8UNI-POLAR1.817PM-K249U

1804.3 247.4 100 6.9 0.6UNI-POLAR1.817PM-K264U

25011.3 502.5 250 2.0 1.4UNI-POLAR1.817PM-K342U

25011.3 504.7 250 3.6 1UNI-POLAR1.817PM-K349U

35016.7 753.4 400 2.8 1.4UNI-POLAR1.817PM-K442U

35016.7 756.5 400 4.9 1UNI-POLAR1.817PM-K449U

1502.8 110.4 50 2.2 0.9UNI-POLAR1.817PM-K749U

1502.8 111.0 50 5.6 0.6UNI-POLAR1.817PM-K764U

20011.0 3712.8 2706.4 0.7BI-POLAR1.817PM-K049B

30011.8 6212.9 3804.6 1BI-POLAR1.817PM-K142B

1804.3 2412.0 1405.4 0.6BI-POLAR1.817PM-K249B

25011.3 509.9 3104.0 0.9BI-POLAR1.817PM-K342B

35016.7 7513.6 5005.6 0.9BI-POLAR1.817PM-K442B

1502.8 111.6 654.4 0.6BI-POLAR1.817PM-K749B

17PM-K7**

17PM-K2**

17PM-K0**

17PM-K3**

17PM-K1**

17PM-K4**

17PM-KA**

˝ L ˝
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42 (1.65)

48 (1.89)

60 (2.36)
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PIN NO. vs. PHASE

UNIT: mm
(inch)
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■ Specifications

1.80

Hybrid

42□ 1.8° 

49021.6 1204.0 485 2.9 1.4UNI-POLAR1.817PM-KA39U

49021.6 1208.1485 5.6 1UNI-POLAR1.817PM-KA46U

49021.612015.9 6106.0 1BI-POLAR1.817PM-KA39B

■ Outline
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K049U-1.0A

K064U-0.6A

K049B-0.7A
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K142U-1.4A

K149U-1.0A

K142B-1.0A
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K249U-0.8A

K264U-0.55A

K249B-0.6A
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K342U-1.4A

K349U-1.0A

K342B-0.9A

��� ����� ������

FREQUENCY (Hz)

TO
R

Q
U

E 
(m

N
m

)

�

���

���

���

���

���

���
K442U-1.4A

K449U-1.0A

K442B-0.9A
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K749U-0.9A

K764U-0.55A

K749B-0.6A

Model No: 17PM-K049U,K064U,K049B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-K142U,K149U,K142B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-K249U,K264U,K249B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-K342U,K349U,K342B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-K442U,K449U,K442B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-K749U,K764U,K749B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

Model No: 17PM-KA39U,KA46U,KA39B
Driver: Chopper Dual
Supply Voltage: 24.0 (Volt)

PULL  OUT

PULL  IN
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KA39U-1.4A

KA46U-1.0A

KA39B-1.0A

■ Torque/Speed Characteristics




