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OWMB-505020S-40-12
Magnetic buzzer

Magnetic buzzer

Type Magnetic buzzer

Size (LxWxH) [mm] 5.0x5.0x2.0

Formfactor Rectangular

SPL 78 min. @10 cm @ Vrated

F0 [Hz] 4000

Rated voltage 3

Vmax -

Termination SMD

Characteristics

Specifications are subject to change without prior notice.
Upon request Ole Wolff can supply further specifications,
simulation parameterts etc.

Mechanical drawing


