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Type FSA/FSA-P
OPTIFUSE|  63x32mm
Fast Acting
J
) Cartridge Axial Lead Nominal Nominal
AppI’OV&|S. N @® W Catalog Catalog Ampere \oltage | Resistance | Melting
Number Number Rating Rating cold Ohms Point
FSA FSA-10mA |FSA-P-10mA 10mA * *
UL Listed 10mA-10A FSA-20mA  |[FSA-P-20mA 20mA * *
UL Recognized 12A-30A FSA-30mA  |FSA-P-30mA 30mA * *
CSA Certified 1A-30A FSA-32mA _|FSA-P-32mA 32mA * *
MITI 1A-10A FSA-40mA _[FSA-P-40mA 40mA * *
ESA-P FSA-50mA  [FSA-P-50mA 50mA * *
UL Recognized 10mA-10A FEAOOmA_(PEATOMA | OomA - -
- FSA-63mA  |FSA-P-63mA 63mA * *
CSA Certified 10mA-10A FSA70mA_ |FSA-P-70mA 20mA * *
MITI 1A-10A FSA-80mMA |FSA-P-80mA | 80mA * *
Interrupt Ratings: FSA-100mA [FSA-P-100mA |  100mA 14.6000 0.0020
FSA-125mA [FSA-P-125mA | 125mA 10.2000 0.0031
10mA~10A 10,000 Amperes at 125VAC FSA-150mA |FSA-P-150mA | 150mA 7.7000 0.0045
10mA~1A 35A at 250VAC FSA-160mA |FSA-P-160mA | 160mA 7.0000 0.0051
1.2A~3.5A 100A at 250VAC FSA-200mA |FSA-P-200mA | 200mA 6.0000 0.0080
3.75A~10A 200A at 250VAC FSA-250mA [FSA-P-250mA | 250mA 3.3500 0.0125
12A~30A 300A at 250VAC FSA-300mA |FSA-P-300mA | 300mA 2.8000 0.0180
FSA-315mA [FSA-P-315mA | 315mA 2.3000 0.0198
Operating Temperature: FSA-350mA |FSA-P-350mA | 350mA 2.0000 0.0245
55C - +125C FSA-375mA [FSA-P-375mA | 375mA 250V 1.6500 0.0281
FSA-400mA [FSA-P-400mA |  400mA 1.4000 0.0320
. e FSA-500mA |[FSA-P-500mA |  500mA 0.6120 0.0750
Physical Specifications: FSA-600mA |FSA-P-600mA | 600mA 0.4740 0.1080
Materials FSA-630mA [FSA-P-630mA | 630mA 0.3850 0.1190
Glass Body/Nickel Plated Brass Contacts FSA-700mA |FSA-P-700mA | 700mA 0.3500 0.1470
Lead Wire: Tin Plated Copper, FSA-750mA [FSA-P-750mA |  750mA 0.3200 0.1687
Dia. 0.8mm 12A and less FSA-800mA [FSA-P-800mA |  800mA 0.2910 0.1920
Dia. 1mm 13A~19A FSA-1A FSA-P-1A 1A 0.2060 0.4000
Dia. 1.2mm above 20A FSA-125A |FSA-P-1.25A 1.25A 0.1560 0.5760
FSA-L5A  [FSA-P-15A 15A 0.1020 0.9000
p N ) FSA-16A  |FSA-P-16A 1.6A 0.1000 1.0240
ackaging in Bulk: FSA2A  |FSA-P2A A 0.0747 2.0000
FSA-500 pcs ; FSA-P- 250 pes per box FSA25A | FSA-P-25A 25A 0.0526 5.0000
FSA-3A FSA-P-3A 3A 0.0419 9.0000
Electrical Characteristics FSA-3.15A [FSA-P-3.15A 3.15A 0.0382 14.8830
FSA-32A  |FSA-P-32A 3.2A 0.0375 15.3600
1In 1.351n 21n FSA-35A  |FSA-P-35A 35A 0.0348 24.5000
Rated Current [ MIN MAX MAX FSA-4A FSA-P-4A 4A 0.0295 32.0000
10mA~30A 4 hrs 1hrs 5sec FSA-45A FSA-P-45A 45A 0.0262 40.5000
FSA-5A FSA-P-5A 5A 0.0221 62.5000
3 N _ FSA-63A [FSA-P-6.3A 6.3A 0.0160 105.6250
1.250 in [31.8 mm] FSA-TA FSA-P-7TA 7A 0.0155 122.5000
‘ 1— @.250 in [6.4 mm] FSA-7.5A FSA-P-7.5A 7.5A 0.0139 140.6250
FSA-8A FSA-P-8A 8A 0.0139 160.00
[] [ ] FSA-10A  |FSA-P-10A 10A 0.0131 300.00
ESA ! FSA-12A  |FSA-P-12A 12A 0.0104 432.00
2X 1500 n [38.1 mm] FSA-13A  |FSA-P-13A 13A 0.0071 591.00
FSA-15A  |FSA-P-15A 15A 0.0062 787.50
oL 1.250 in [31.8 mm] FSA-16A  |FSA-P-16A 16A 32V 0.0056 1024.00
‘ 1— 275 in [7.0 mm] FSA-18A  |FSA-P-18A 18A 0.0052 1296.00
— — FSA-20A  |FSA-P-20A 20A 0.0044 2000.00
L1 L] FSA-25A  |FSA-P-25A 25A 0.0031 3750.00
FSA-P J FSA-30A  |FSA-P-30A 30A 0.0026 5400.00
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