
Description

• Terminate stranded wire into terminal blocks
• Electrolytic copper and tin plating provide maximum conductivity and low contact resistance

Specifications

• Color : Blue
• Color Code : Old DIN Standard
• Dimension Inches L2 : 0.315 IN (8.000 MM)
• Finish : Tin Plated
• Insulation : Polypropylene Plastic
• Material : Electrolytic Copper
• Recommended Crimping Tools : K1GL, K32GL, K36GL, K30GL, Die 03283
• Size : 0.598 IN (15.200 MM) Overall Length, 0.315 IN (8.000 MM) Sleeve Length
• Standard : CSA, LR 702418, NRTL/C, RoHS
• Type : Insulated
• Wire Size : 14 AWG (2.500 SQ-MM)
• Wire Type : Stranded
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