
Description

Rectangular Punches

Specifications

• Includes : (60035) Punch, (60036) Die, (60117) Draw Studs, (60165) BB Drive Nut, (60258) 
Counter Nut

• Maximum Capacity Mild Steel : 14 GA (2.000 MM)
• Minimum Pilot Hole : 0.625 IN (15.900 MM)
• Operation Type : Hand/Hydraulic
• Optional Adapter For Hydraulic Driver : 60167
• Size : 0.750 IN X 1.310 IN (19.100 MM X 33.300 MM)
• Type : Rectangular
• Weight : 2.300 LB (1.000 KG)

PUNCH UNIT-RECT.750X1.31(19.1X33.3)

Rectangular Punches

Cat No:

UPC No:

60034

783310600343


