
Description

• Precision ground stripping cavities for: - 2.0 - 2.4 mm outer jacket, - 2.0 - 3.0 mm loose tube, - 2.8 
- 3.0 mm outerjacket, - 900 m buffer insulation, - 900/125 m and 250/125 m buffer/acrylate

• Factory calibrated
• Dual-durometer grips for improved comfort and control

Specifications

• Application : For Stripping Fiber Optic Cables
• Handle Type : Dual-Durometer
• Stripping Range : 2.000 - 2.400 MM Outer Jacket, 2.000 - 3.000 MM Loose Tube,2.800 - 3.000 

MM Outer Jacket, 900.000 UM Buffer Insulation, 900.000/125.000 UM And 250.000/125.000 UM 
Buffer/Acrylate

• Sub Brand : ProGrip
• Type : 5 in 1 Fiber Optic

PRO-GRIP STRIPPER, FIBER OPTIC

ProGrip 5-in-1 Fiber Optic Stripper

Cat No:

UPC No:

PA1171

769328122251


