
Panasonic Evolta   Technical Data Sheet 
 
Alkaline-Manganese Dioxide Battery  Size: AA (LR6) 
 
Nominal Voltage:  1.5 Volts 
Typical Weight:  0.84 ounces 
Typical Volume:  0.51 cubic inches 
Terminals:   Flat 
Temperature Range: -4F to 130F 
Designation:   ANSI–15A, IEC-LR6 
 
                    

 
 Dimensions comply with ANSI Standards. 

 Max. inch Min. inch 
A 1.988  
B — 1.949 
C — 0.276 
 --- — 
 --- --- 

F 0.217  
G — 0.039 
φ 0.571 0.531 
φP 0.01 — 
Pip --- — 

 

 

 
 
September, 2008  



Typical Discharge Characteristics
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T est tem perature : 20±2℃Constant Current and Temperature
Typical Temperature Characteristics
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Typical Discharge Characteristics
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Performance information is typical and subject to change. Contact Panasonic for 
more details with a specific application.  
 


	F

