
THIS COPY IS PROVIDED ON A RESTRICTED BASIS AND IS NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.

00A 05/09/2017 CSH EDM RELEASED TO PRODUCTION 14V125BA

REV DATE BY CHK APR DESCRIPTION ECN

B

AA

B

12

2 1

14V125BA/00

14V125BA_DC/00A

D
1

0
1

0
0

D
B

/1
7

TITLE
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NOTES:
1. IDENTIFICATION: ANALOG MAGNETIC DOOR SENSOR WITH RJ45 JACK
2. GENERAL APPEARANCE:
   COLOR
   BLACK

3. PRODUCT SPECIFICATION:
   A. OPERATING TEMERATURE: -40 C - 105 C
   B. MAX POWER: 10W
   C. SWITCHING VOLTAGE (MAX): 200VDC
   D. SWITCHING CURRENT (MAX): 0.5ADC
   E. CONTACT RESISTANCE (MAX): 200mOHM
   F. CONTACT TYPE: NORMALLY OPEN
   G. MAGNETIC SENSITIVITY: 
      PULL-IN AT RANGE 27-33 AT
      ACTIVATE DISTANCE 9.0mm AVERAGE
   H. MAGNETIC SENSITIVITY DERATES WHEN MOUNTED 
      ON STEEL

PART NUMBER CABLE LENGTH
ZEDL06 500MM
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