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DC Blower

RB5015 Series
51 x 51 x 15mm (2.0 x 2.0 x 0.59 in)

■ 5V, 12V,  24V

■ Ball bearings

■ 2.4 CFM to 4.4 CFM

■ Lead Wires: UL (+) Red; (-) Black

■ Operating temperature: -10ºC ~ +70ºC

■ Operating life: 50,000 hours

■ UL, cUL, CE Listed

■ RoHS Compliant

Model Number V Range (V) A RPM CFM m3/min mmAq inH2O dBA

RBH5015B5 5 3.5~5.75 0.33 4500 3.8 0.11 11.3 0.44 37

RBM5015B5 5 3.5~5.75 0.22 4000 3.4 0.96 7.4 0.29 35

RBL5015B5 5 3.5~5.75 0.13 3000 2.4 0.07 3.5 0.14 26

RBH5015B 12 6.0~13.8 0.14 5000 4.4 0.12 11.5 0.45 41

RBM5015B 12 6.0~13.8 0.09 4000 3.4 0.96 7.4 0.29 35

RBL5015B 12 6.0~13.8 0.05 3000 2.4 0.07 3.5 0.14 26

RBH5015B2 24 12.0~27.6 0.12 5000 4.4 0.12 11.5 0.45 41

RBM5015B2 24 12.0~27.6 0.08 4000 3.4 0.96 7.4 0.29 35

RBL5015B2 24 12.0~27.6 0.05 3500 2.9 0.82 7.3 0.29 30
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Optional Features


