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EVO plastic cable gland with bayonet locking; size M40, for 8 conductors with 6.5 mm cable diameter

Product Description
Plastic cable gland  

  
Key Commercial Data
Packing unit 1 pc

Weight per Piece (excluding packing) 80.0 g

Custom tariff number 39269097

Country of origin Poland

Technical data

Ambient conditions
Degree of protection IP66 (Cable diameter 6.5 mm +-0.1 mm)

Ambient temperature (operation) -30 °C ... 100 °C

General
Material PA

Cable gland material PA

Material, pressure screw PBT

Thread type on connection side Bayonet

Thread type on seal side M40

Classifications

eCl@ss

eCl@ss 5.1 27143424
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Classifications

eCl@ss
eCl@ss 6.0 27261207

ETIM

ETIM 5.0 EC000441

Approvals

Approvals

Approvals

EAC

Ex Approvals

Approvals submitted

Approval details

EAC 

Drawings

Dimensional drawing
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Dimensional drawing
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