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M12 sealing cap with fixing band, for free M12 sockets with 14.5 mm fastening eye

Key Commercial Data

Packing unit 1pc
Minimum order quantity 5 pc
Weight per Piece (excluding packing) 409
Custom tariff number 39235090
Country of origin Germany
Technical data
Ambient conditions
Ambient temperature (operation) -25°C..85°C
Degree of protection IP67
Material
Flammability rating according to UL 94 VO
Material PA 66 GF
Sealing material NBR

Additional material specifications

PUR (Holding band)

Standards and Regulations

| Flammability rating according to UL 94 VO
Classifications

eCl@ss

| eCl@ss 4.0 27250313
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Classifications

eCl@ss

eCl@ss 4.1 27250313
eCl@ss 5.0 27143423
eCl@ss 5.1 27149110
eCl@ss 6.0 27149112
eCl@ss 7.0 27149112
eCl@ss 8.0 27379218
ETIM

ETIM 3.0 EC002040
ETIM 4.0 EC002040
ETIM 5.0 EC002040
UNSPSC

UNSPSC 6.01 31251501

UNSPSC 7.0901 31251501

UNSPSC 11 31251501

UNSPSC 12.01 31251501

UNSPSC 13.2 31251501

Drawings

Dimensional drawing

Dimensional drawing
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