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VARIOFACE front adapter, for Schneider Electric MODICON 984 series 800, analog input/output card (only in
conjunction with 50-pos. interface modules)

Key commercial data
Packing unit 1 pc

GTIN

Weight per Piece (excluding packing) 273.4 GRM

Custom tariff number 85369010

Country of origin Germany

Technical data

General
Nominal voltage UN 60 V AC/DC

Max. perm. current (per branch) 1 A

Max. perm. current (separate power supply) 8 A (per slip-on connection (0+; 1+; 2+; 3+; B-; B+))

Number of positions 50

Mounting position any

Standards/regulations IEC 60664

IEC 60664 A

DIN VDE 0110

DIN VDE 0160 (in parts)

Ambient conditions
Ambient temperature (operation) -20 °C ... 50 °C
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Classifications

eCl@ss

eCl@ss 4.0 27250313

eCl@ss 4.1 27250313

eCl@ss 5.0 27250313

eCl@ss 5.1 27250313

eCl@ss 6.0 27242208

ETIM

ETIM 2.0 EC001423

ETIM 3.0 EC001423

ETIM 4.0 EC001423

UNSPSC

UNSPSC 6.01 30211824

UNSPSC 7.0901 39121421

UNSPSC 11 39121421

UNSPSC 13.2 39121421

Drawings

Circuit diagram
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