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FEATURES: 

 

Complies with International Safety Standard IEC 1010-2-031 

 

Alligator will clip around terminals up to .30” (7,62mm) outside diameter. 

 

Attaches to standard .166” (4mm) sheathed banana plugs, such as Pomona model 5907A test leads.   

MATERIALS: 
Alligator Clip:  Nickel plated steel 
Boot:  Santoprene rubber  

RATINGS: 
Operating Voltage:  1,000V, Category III 
Current:  10 Amperes 
Temperature:  -13 to 176 F (-25 to 80 C)   

ORDERING INFORMATION: 
6573A-0  (one alligator clip with black boot) 
6573A-2  (one alligator clip with red boot) 
6573A-02 (two alligator clip, one red and one black boot) 

(banana plug not included) 
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