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POWERGORILLA
MULTI-VOLTAGE CHARGER

CHARGEUR MULTI TENSION | CARGADOR DE MULTIPLE VOLTAJE  
CARICABATTERIE VOLTAGGIO MULTIPLO | LADEGERÄT MIT MEHRFACHSPANNUNG | MULTI-VOLTAGE LADER 

The ultimate, multi-voltage laptop charger providing an additional 2-5 hours of power 
to your laptop, and over 20 hours on various other electronic devices. Charges 5V, 
12V, 16V, 19V, and 24V products. Made from hard-wearing, durable materials.

S P E C I F I C A T I O N S :  
SPÉCIFICATIONS | ESPECIFICACIÓNES 
SPECIFICAS | SPEZIFIKATIONEN | GEGEVENS

• Power pack with 24,000mAh /88Wh

• Input: 15~25V, 1.5-4A Max

• DC output: 12V, 16V, 19V, 24V

• USB output: 5V /2.4A Max

• UPS feature on 19V setting

• Size: 215mm x 130mm x 17mm

• Weight: 700g

K I T  I N C L U D E S :  
INCLUS DANS LE KIT |  EL KIT INCLUYE 
IL KIT INCLUDE | KIT BEINHALTET | KIT IS INCLUSIEF

• Powergorilla portable charger

• 1x Universal 19V AC mains charger

• 1x DC extension cable (80cm)

• 1x Female 12V socket

• Laptop tip set (10 pieces)

• 1x USB-C cable

• 1x USB-C to micro USB adaptor

• Neoprene case

R E C H A R G E S  
RECHARGE | RECARGA |  RICARICA | LÄDT AUF | HERLADEN

LAPTOP
(Type C PD) 

1x

TABLET
2-3x

SMARTPHONE
10x

SAT PHONE
3-5x

GPS
15-17x

ACTION CAMERA
12-14x

SLR CAMERA
4-6x

SMARTWATCH
40x

HEAD TORCH
15-17x


