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Notes

Impedance 50ohm

Frequency 0-6GHz

VSWR 1.35 (max)

Temp Range -55 – 155degC

Working Voltage 335V max

Withstand Voltage 100Vrms

Durability >500cycles

Material & Plating

Body : 

Material: Brass

Plating:  Gold/Nickel

Insulator: PTFE

Pin:

Material: Brass

Plating : Gold Nickel
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