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REVISIONS
REV. ECO. NO DESCRIPTION DATE BY
A - INITIAL RELEASE 6/20/2000 | JASON
B 2036 UPDATE KEY LO%A%IESNP% ;I;I'(I)'rISEOBOIiOCK, NEW DWG | ¢ /27/2009 H
NOTES:
MATERIAL

INSULATOR: GLASS-REINFORCED THERMOPLASTIC.
CONTACT: COPPER ALLOY.
PLATING: MATING AREA - SELECTED GOLD OVER NICKEL.

84.84+0.30 SOLDER AREA - TIN/LEAD OVER NICKEL.
178~ =
- . ELECTRICAL
63.25£0.15 14.9940.15 VOLATGE RATING: 250 VAC RMS.
CURRENT RATING: 1 AMP.
60.96 ~—12.70 —= DIELECTRIC WITHSTANDING VOLTAGE: 5(())0 VAC RMS 60Hz
1 MINUTE.

INSULATION RESISTANCE: 1000 MEGOHMS MIN AT 500 VDC.
CONTACT RESISTANCE: 30 MILLIOHMS MAX AT 1 AMP DC.
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oooooooouoonaooduooguonoouuoouaoodoboooouoouaoom] jdoooogaoaad T RETENTION FORCE: 460 GRAMS MIN PER CONTACT.
e S D —— / INSERTION FORCE: 230 GRAMS MAX PER CONTACT PAIR.
*]‘Eﬁ et e S L e et S ek s E}E e am ek ‘3{’* 8.88+0.30  WITHDRAWAL FORCE: 15 GRAMS MIN PER CONTACT PAIR.
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TEMPERATURE RANGE: -55° C TO +85° C.
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RECOMMENDED PCB LAYOUT (TOP VIEW)
UNLESS OTHERWISE SPECIFIED: [ owe ] wame [
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