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TOLERANCE EXCEPT AS NOTED:
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CABLE JOINER, ASSY, 4PIN

IPJNR-04-SRFT
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DRWN DATE

KC 8/23/2019

NOTES:

WATERPROOF RATE: IP68 (NO INGRESS OF DUST/PROTECTED AGAINST
HARMFUL EFFECTS CAUSED IN 5 METER WATER WITHIN 30 MINUTES OF
MATING)

TEMPERATURE RANGE: -25°C TO +85°C

CURRENT RATING: 20A MAX

CONDUCTOR RANGE: 14AWG~26AWG

CABLE DIAMETER: Ø6.5~Ø8.5mm

MATERIAL:

  HOUSING: NYLON, BLACK

  PIN: BRASS, NICKEL PLATED

  SCREW: STEEL, NICKEL PLATED

SCREW TORQUE: 4.0 Kgf. cm MIN

NUT TORQUE: 19.6 Kgf. cm MIN

ONE SET UNASSEMBLED IN ONE PE BAG
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