


NPB 655SEALED 3.5MM PLUGS
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NEW
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SWITCHCRAFT QUALITY PLUGS WITH A SEALED HANDLE  The most 
trusted plugs are now available in a waterproof, sealed version.  The plug 
finger and cable clamp are the same as our industry-leading 35HD series,while 
the special overmolded handle protects from ingress of water and features a 
durable flex relief. Available with or without a locking collar, they are compatible 
with sealed or unsealed jacks from Switchcraft and most other manufacturers.

Front and back are sealed to IP68 
standards, protecting your cable from 
ingress of water in harsh environments

Flexible rubber on overmolded handle 
eliminates harsh bends and protects your 

cable from damage. 

Specifications
Lifecycles: 5,000 cycles min

Current Carry: 1A

Operating Temp: -25°C to 85°C

Body/Tip/Ring: Copper Allloy

Insulation: Thermoplastic

Cable Clamp: Steel w/ Tin Plate

Tubular Insulator: Mylar

TRUE Flex reliefWATERPROOF
SEALED

IP68

Made in USA to the same exacting quality 
standards that have made Switchcraft 
the industry leader in plugs since 1946

Switchcraft 
Quality
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PLUG FINISH
N - TIN PLATED
AU- GOLD PLATED

SEALED

        CABLE OD RANGE
12  -    0.125" - 0.150"
15 -     0.150" - 0.175"
17 -     0.175  - 0.210"

L- LOCKING
[BLANK]- NON-LOCKING


