
Transko Electronics, Inc.  1156 N. Gilbert Street  Anaheim, CA 92801 USA 

Tel: 714-491-8089  Fax: 714-778-1361  Website: www.transko.com  E-mail:  sales@transko.com 

MODEL CS53A 

FREQUENCY RANGE  25.000000MHz 

FREQUENCY TOLERANCE @ 25°C ±30ppm max. 

FREQUENCY STABILITY  ±30ppm max. 

OPERATING TEMP.   –40°C to 85°C 

SHUNT CAPACITANCE 7.0pF max. 

LOAD CAPACITANCE 18pF 

DRIVE LEVEL 500uW max. 

AGING ±3ppm typical, ±5ppm max. / first year 

MODE Fundamental 

PACKAGE SIZE 5.0 x 3.2 x 1.8mm 

ESR 15ohms typical, 30 ohms max. 

 
SPEC NUMBER: 1401 
FREQUENCY: 25.000000MHz 
DATE: January 3, 2014 

CS53A-1401-25.000M 
 

Transko Electronics, Inc reserves the right to make changes to the product (s), service (s), and specification (s) described herein without  notice.  No liability is assumed as a result of their use or application. 
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Marking 

Unit : mm 

Pin Configuration 

1 Xtal 

2 Ground 

3 Xtal 

4 Ground 

REFLOW PROFILE 

255 ±5°C 

150 ±5°C 

Pre-heating 

Soldering 

<10 Sec <120 Sec 

Note: Consult  factory for detail 

SOLDER PATTERN 

Unit :mm 
3.70 

2.20 


